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Round Water-resistant Connector (M12 Smartclick), Connector with Cable, Socket on One Cable End, A-coding (DC type), 4
poles, Gold plating, Right-angle, Connections: MWBrown/@White/@Blue/@Black, Fire-retardant PVC robot cable, 2 m
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