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Industrial Ethernet Cable, Connectors on both ends (M12 plug/RJ45 plug), 4 poles, Right angle, Standard cable (Light blue), I m
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Ethernet Cables

4 pole

M12 plug/RJ45 plug

Straight

30VvDC

25A

40 mQ max.

Standard Cable

Im

-25t070°C

-25t070°C

500 MQ min.

1,000 VAC for 60 s (leakage current: 1 mA max.)

P20

PA resin(Pin block)<br>PBT resin(Cover)<br>Stainless(Shield)
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