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125VAC, 24 VDC

1A

Phillips screw

MIL Sockets (XG4A)

XG4A-4031

40 pole

100 MQ min. (at 500 VDC)

500 VAC 1 min (Leakage current 1 mA)

O0to55°C

149 mm

39 mm

40 mm
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