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Connecting Cables for Connector-Terminal Block Conversion Units, Without shield, MIL Connector 34-pin to MIL Connector
34-pin, Straight Wiring, 3 m
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Ratings/Performance B © 2005/09/30

None

UL2464 Interface Cable

A:3m

125VAC
30VDC

1A

MIL Connector 20-pole - Cable with Discrete-wire
Press-fit Terminals

Normal wiring

34 pole

MIL Connector 20-pole - Cable with Discrete-wire
Press-fit Terminals

Normal wiring

34 pole

100 MQ min. (at 500 VDC)

500 VAC 1 min (Leakage current 1 mA max.)

-20to 75°C
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