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Servo Relay Unit cable (Position Control Unit)

XW2Z-100J-A19




Servo Relay Unit cable (Position Control Unit)
XW2Z-100J-A19 https://www.fa.omron.co.jp/product/item/XW2Z-100J-A19/en/
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Servo Relay Unit cable (Position Control Unit), UL2464 Interface Cable, 2 axis, 1 m
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Servo Relay Unit cable (Position Control Unit)
XW2Z-100J-A19 https://www.fa.omron.co.jp/product/item/XW2Z-100J-A19/en/

sEMIB R
ET8/

\H- A,
étn_ Bt EHEL 1 2025/10/22
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2 axis

UL2464 Interface Cable

Im

24VDC

1 A(Temperature rise +30°C MAX.)

50 MQ min. (at 500 VDC)

500 VAC 1 min (Part of Connector, leakage current 1 mA max.)

0to55°C
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Servo Relay Unit cable (Position Control Unit)
XW2Z-100J-A19 https://www.fa.omron.co.jp/product/item/XW2Z-100J-A19/en/
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Servo Relay Unit cable (Position Control Unit)
XW27-100J-A19 https://www.fa.omron.co.jp/product/item/XW2Z-100J-A19/en/
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Servo Relay Unit cable (Position Control Unit)

XW2Z7-100J-A19 https://www.fa.omron.co.jp/product/item/XW2Z-100J-A19/en/
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