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CJIW-NC[]34

R88D-GT

2 axis

UL2464 Interface Cable

A:5m

24VDC

0.5A

50 MQ min. (at 500 VDC)

500 VAC 1 min (Part of Connector, leakage current
1 mA max.)

0to80°C
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