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General-purpose Basic switch, Rated carry current 0.1 A, Contact gap 0.25 mm (high-sensitivity), Pin plunger, Drip-proof type,
Screw terminal
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Pin plunger 3.9 dia.
Stainless-steel plunger

High sensitivity

SPDT
Single crossbar
Au alloy

0.25mm

Screw terminal (M4)

Micro load

0.1A

Resistive load: 0.1 Aat 125 VAC

Resistive load: 0.1 Aat 8VDC, 0.1 Aat 14 VDC, 0.1 Aat 30 VDC

NC: 0.1 A max.
NO: 0.1 A max.

-15t0 80 °C (with noicing)

35t095%

0.0l mm/stolm/s

Electrical: 20 operations / 1 minute max.
Mechanical: 240 operations / 1 minute max.

50 mQ max.

100 MQ min. (at 500 VDC)

Between each terminal of the same polarities: 600 VAC 50/60 Hz for 1 min

Between live-metallic part and ground: 2,000 VAC 50/60 Hz 1 min

Between each terminal and non-live-metallic part: 2,000 VAC 50/60 Hz 1 min

Electrical: 500,000 operations min.
Mechanical: 20 million operations min.

Drip-proof type Equivalent to IP62 (excluding the terminals on terminal

models)

Class|

175
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Malfunction: 10 to 55 Hz, 1.5 mm double amplitude (Malfunction: 1 ms max.)

Destruction: 1000 m/s’

Standard value 3.43 N max.

Standard value 0.78 N min.

Standard value 2.2 mm max.

Standard value 0.13 mm min.

Standard value 0.06 mm max.

Standard value 15.5to 16.3 mm
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Mounting hole dimensions

Screw mounting hole dimensions

Two, 4.2 dia. mounting
holes or M4

4 _ (N
4/ ¢/

-— 25.44+0.1 —
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COM P o S

—HNO
Mote: The Z-15GM is a reversible model and the NO and NC positions are reversed.
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Applicable load diagram BRI : 2025/09/04
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24 general load |
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Z-15H, H2
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for micro load Z-15E
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Z-15ER
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- 1 mA 100 mA 160 mA
0
0.1 1 10 100 1,000

Current (mA)
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