OMRON

Confocal Fiber Displacement Sensor

ZW-5Q5040 2M




Confocal Fiber Displacement Sensor
ZW-SQ5040 2M https://www.fa.omron.co.jp/product/item/ZW-SQ5040_2M/en/
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Confocal Fiber Displacement Sensor, Square-shaped straight type, Applicable controller ZW-5000, Measuring center distance
40 mm, Cable length 2 m
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Confocal Fiber Displacement Sensor
ZW-50Q5040 2M
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PNP/NPN

34-46 mm

80 um

21.6-26.4V

IP40
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